








Screwless Terminal Blocks

Jumper bar
Jumper Bar for Screwless Dinnectors
Part Number Description Price | Pcs/Pkg

Jumper barépush in style) for DN-Q12

DN-Q2J1210 |and N Q10 screwless terminal blocks. <> 50
Two insulated poles
Jumper bar (push-in style) for DN-Q8

DN-Q2J8 screwless terminal blocks. <> 50
Two insulated poles

Note: Jumpers can be installed side-by-side to allow continuous termination.

Marking accessories

Marking tags
Marking Tags for Screwless Terminal Blocks

Part Numbe Marking Sequence Price | Pcs/Pkg
DN-QL100 |1-100 (50 labels/card, 10 cards/box) <> 500
DN-QL200 |101-200 (50 labels/card, 10 cards/box) <> 500
DN-QL300 |201-300 (50 labels/card, 10 cards/box) <> 500
DN-QL400 |301-400 (50 labels/card, 10 cards/box) <> 500
DN-QL500 |401-500 (50 labels/card, 10 cards/box) <> 500
DN-QLB Blank Tags (50 labels/card, 10 cards/box) <> 500
Marking pen

Part Number Description Price Pcs/Pkg
DN-MP Indelible black ink marking pen <> 1

www.automationdirect.com/dinnectors

DN-02J1210 shown

DN-QL100

DN-QLB

DN-MP

Terminal Blocks and Wiring Solutions

1.16" 29.5mm

31" (8mm)

Ll

DN-02J8

e B e N e N e N

-6"(15mm) .6"(15mm).6"(15mm) .6"(15mm)

- Accessories

.26" (6.5mm) .31" (8mm) .19" (4.8mm)
:
) DN-Q2J1210
— OIOT=)
— L =
— L =
— L =
E
tE L
~ .2"(5{1mm)
19°(4.8mm) 550, 7mm)
26-39

:v
PLC

Overview

DL05/06
PLC

DL105
PLC

DL205
PLC

DL305
PLC

DL405
PLC

Field I/O

Software

C-more
HMIs

Other HMI
AC Drives
Motors

Steppers/
Servos

Motor
Controls

Proximity
Sensors

Photo
Sensors

Limit
Switches

Encoders

Current
Sensors

Pushbuttons/
Lights

Process

Relays/
Timers

Comm.
TBes &
Wiring
Power
Circuit
Protection
Enclosures

Appendix

Part Index



Screwless DINnectors Cross Reference

Screwless DINnectors

Allen-Bradley Screwless DINnectors

Part Number Part Number
1492-R4 DN-Q10
1492-R4-B DN-Q10B
1492-R3 DN-Q12
1492-R3T DN-Q12-1-2
1492-R3Q DN-Q12-2-2
1492-R3-B DN-Q12B
1492-R3T-B DN-Q12B-1-2
1492-R30-B DN-Q12B-2-2
1492-R6 DN-08
1492-R6-B DN-08B
1492-RD3 DN-QD12
1492-RD3-B DN-QD12B
1492-RD3C DN-QD12X
1492-TC4 DN-QEC10
1492-RG4 DN-QG10
1492-RG3 DN-QG12
1492-RG6 DN-QG8
1492-SM5x9 DN-QL100
1492-SM5x9 DN-QLB
1492-RG3T DN-QG12-1-2
1492-RG3Q DN-QG12-2-2
1492-RKD3 DN-QKBD12

Wago Screwless DINnectors

Part Number Part Number
282-901 DN-Q10
282-904 DN-Q10B
280-901 DN-Q12
280-681 DN-Q12-1-2
280-833 DN-Q12-2-2
280-904 DN-Q12B
280-684 DN-Q12B-1-2
280-834 DN-Q12B-2-2
284-601 DN-08
284-604 DN-Q8B
281-619 DN-QD12
281-629 DN-QD12B
N/A DN-QD12X
282-325 DN-QEC10
282-907 DN-QG10
281-907 DN-QG12
284-907 DN-QG8
N/A DN-QL100
209-Xxx DN-QLB
279-687 DN-QG12-1-2
279-837 DN-QG12-2-2
280-870 DN-QKBD12
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Part Number Part Number
3031364 DN-Q10
3031377 DN-Q10B
3031212 DN-Q12
3031241 DN-Q12-1-2
3031306 DN-Q12-2-2
3031225 DN-Q12B
3031254 DN-Q12B-1-2
3031319 DN-Q12B-2-2
3031487 DN-Q8
3031490 DN-Q8B
3031270 DN-QD12
3031283 DN-QD12B
3031539 DN-QD12X
3030420 DN-QEC10
3031380 DN-QG10
3031238 DN-QG12
3031500 DN-QG8
1050211 DN-QL100
1050004 DN-QLB
3104013 DN-QG12-1-2
3031267 DN-QG12-2-2
3031322 DN-QKBD12

Screwless DINnectors

Part Number Part Number
163205 DN-Q10
163206 DN-Q10B
160851 DN-Q12
160854 DN-Q12-1-2
160857 DN-Q12-2-2
160852 DN-Q12B
160855 DN-Q12B-1-2
160858 DN-Q12B-2-2
160862 DN-Q8
160863 DN-Q8B
167430 DN-QD12
167863 DN-QD12B
168999 DN-QD12X
163209 DN-QEC10
163208 DN-QG10
160864 DN-QG12
160867 DN-QG8
161000 DN-QL100
161000 DN-QLB
160865 DN-QG12-1-2
160866 DN-QG12-2-2
160868 DN-QKBD12
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